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PRODUCT CERTIFICATE

CERTIFICATE NO.: CQC2016010203850867

NAME AND ADDRESS OF THE APPLICANT
LEGRAND France
Rue P. Nouel - 76770 MALAUNAY
NAME AND ADDRESS OF THE MANUFACTURER
LEGRAND France
Rue P. Nouel - 76770 MALAUNAY
NAME AND ADDRESS OF THE FACTORY

LEGRAND ELEKTRIK SANAYIA.S. (V031164)
GOSB GEBZE ORGANIZE SANAY| BOLGESI IHSAN DEDE CAD. NO.112 - 41480 GEBZE - KOCAELI -
TURKEY

PRODUCT NAME, MODEL AND SPECIFICATION

Connector for Industrial Purposes
See Appendix

THE STANDARDS AND TECHNICAL REQUIREMENTS FOR THE PRODUCTS
GB/T11918.1-2014;,GB/T11918.2-2014
TYPE OF CERTIFICATION SCHEMES

This is to certify that the above mentioned product(s) complies with the requirements of certification
rules of CQC11-462298-2018 .

Valid from: Aug.01,2018

The validity of the certificate is subject to positive result of the regular follow up inspection by issuing
certification body.

President:

Wang Kejiao

CHINA QUALITY CERTIFICATION CENTRE

Section 9,No.188,Nansihuan Xilu, Beijing 100070 P.R.China
hitp://www.cqc.com.cn

0118453 . :
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555309 16A-6h/415V ~ 3P+N+PE IP55. 555102 16A-4h/130V ~ 3P+PE IP44.
555112 16A-7h/500V ~ 3P+PE IP44. 555104 16A-6h/250V ~ 2P+PE IP44.
555308 16A-6h/415V ~ 3P+PE IP55. 555105 16A-9h/250V ~ 3P+PE IP44.
555110 16A-11h/460V ~ 3P+PE IP44. 555305 16A-9h/250V ~ 3P+PE IP55.
555108 16A-6h/415V ~ 3P+PE IP44. 555106 16A-9h/250V ~ 3P+N+PE IP44.
555312 16A-7h/500V ~ 3P+PE IP55. 555109 16A-6h/415V ~ 3P+N+PE IP44 .
555113 16A-7h/500V ~ 3P+N+PE IP44. 555101 16A-4h/130V ~ 2P+PE IP44.
555306 16A-9h/250V ~ 3P+N+PE IP55. 555304 16A-6h/250V ~ 2P+PE IP55.
555301 16A-4h/130V ~ 2P+PE IP55. 555107 16A-9h/415V ~ 2P+PE |IP44
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